










jdinglas
Rectangle

jdinglas
Rectangle







jdinglas
Rectangle

jdinglas
Rectangle










jdinglas
Rectangle

jdinglas
Rectangle













jdinglas
Rectangle

jdinglas
Rectangle

























jdinglas
Rectangle

jdinglas
Rectangle




jdinglas
Rectangle

jdinglas
Rectangle





































jdinglas
Rectangle

jdinglas
Rectangle

jdinglas
Rectangle




jdinglas
Rectangle

jdinglas
Rectangle

jdinglas
Rectangle




jdinglas
Rectangle

jdinglas
Rectangle




jdinglas
Rectangle

jdinglas
Rectangle







jdinglas
Rectangle

jdinglas
Rectangle







jdinglas
Rectangle

jdinglas
Rectangle




jdinglas
Rectangle

jdinglas
Rectangle
















jdinglas
Rectangle


Report No.: MX10-0726-MOD - Serie KLDR

</> Date : 2010-05-07
e

RESULTS REPORT

INTERTEK TESTING SERVICES
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LABORATORIO CD. DE MEXICO

.

DELIVER TO: Littelfuse, S.A. de C.V.

Blvd. Fausto Z Mtz. 1800, Col. Maglsterlo Secc. 38, Piedras

Negras, Coahuila, C.P. 26070

ATTENTION:  Ing. Mario Alberto Falcon
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Report No.: MX10-0726-MOD - Serie KLDR

/) Date : 2010-05-07

TEST REPORT

APPLICANT

Littelfuse, S.A. de C.V.
Blvd. Fausto Z Mtz. 1800, Col. Magisterio Secc. 38, Piedras Negras, Coahuila, C.P. 26070

Ing. Mario Alberto Falcédn

SAMPLE DESCRIPTION

One (1) group of submitted samples said to be :
Sample Description NP
19) Serie KLDR Element 082649
20) Serie KLDR Cap 923-080
Q 21) Serie KLDR Rejection Cap 923-088
22) Serie KLDR Element 082149
23) Serie KLDR Cap Solder 927-293
24) Serie KLDR Disc 882-363-001
25) Serie older <]
26) Serie KLDR/FLQ Element 082384
27) Serie KLDR Filler silica 090169

iftem No.

Country of Origin NP

Buyer's Name NP

Supplier's Name NP

Date sample received 2010-03-25

Testing period 2010-03-29 to 2010-04-23
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TEST CONDUCTED

Report No.: MX10-0726-MOD — Serie KLDR
Date : 2010-05-07

As requested by the applicant, for details please refer to attached pages.
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CONCLUSION
Testing item Conclusion Failed component Failed result
Serie KLDR Element 082649 Pass
See Result summary
. Pass
Serie KLDR Cap 923-080 See Result summary — —
Serie KLDR Rejection Cap failed Cadmium 2284 mg/kg
923-088 See Result summary Lead 12380,0 mg/kg
Serie KLDR Element 082149 Pass
See Result summary
Serie KLDR Cap Solder 927-293 Pass
See Result summary
Serie KLDR Disc 882-363-001 Pass
See Result summary
Serie KLDR Solder 692532 Pass
See Result summary
Serie KLDR/FLQ Element Pass . .
082384 See Result summary
Pass

Serie KLDR Filler silica 090169

See Result summary
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Report No.: MX10-0726-MOD — Serie KLDR

/’> Date : 2010-05-07

TEST CONDUCTED

One (1) group of submitted samples said to be :
Serie KLDR Element 082649

Serie KLDR Cap 923-080

Serie KLDR Rejection Cap 923-088

Serie KLDR Element 082149

19)
20)
1)
2)
3) Serie KLDR Cap Solder 927-293
4)
9)
6)
7)

NN

Serie KLDR Disc 882-363-001
Serie KLDR Solder 692532 |
Serie KLDR/FLQ Element 082384
Serie KLDR Filler silica 090169

2
2
[2
2
2

TEST RESULT SUMMARY FOR RoHS DIRECTIVE :

TESTING ITEM © RESULT (ppm) : Limit
(19) (20) (21) (22)
Cadmium (Cd) content ND ND 2284.0 ND 0,01% {100 ppm)
Mercury (Hg) content ND ND ND ND 0,1%.(1000 ppm)
Lead (Pb) content ND 1,106 12380,0 ND 0,1% (1000 ppm)
O Chromium (V1) (Cr®") ND ND ND ND 0,1% (1000 ppm)
TESTING ITEM Q RESULT (ppm) Limit
(23) (24) (25)
Cadmium (Cd) content ND ND ND 0,01% (100 ppm)}
Mercury {Hg) content 0,0776 0,2297 ND 0,1% (1000 ppm)]
Lead (Pb) content 212,2 65,24 1422 0,1% (1000 ppm)
Chromium (V1) (Cr®") ND ND ND 0,1% (1000 ppm)
TESTING ITEM © RESULT (ppm) Limit
(26) (27)
Cadmium (Cd) content ND ND 0,01% {100 ppm)
Mercury (Hg) content ND ND 0,1% (1000 ppm)
Lead (Pb) content ND ND 0,1% (1000 ppm)
Chromium (V1) (Cr®") ND ' ND 0,1% (1000 ppm)
f ) It is prohibited the total or partial reproduction of this document, as well as any modification or alteration in no of its parts
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Report No.: MX10-0726-MOD — Serie KLDR
Date : 2010-05-07

ppm = parts per million based on dry weight of sample.

ug/em? = microgram per square centimeter.

mg/kg WITH 50cm? = milligram per kilogram with 50 square centimeter.
< =less than.

ND = Not detected.
The above limits were quoted from 2002/95/EC and amendment 2005/618/EC for homogeneous material.

These Accreditations only apply for the methods listed in such. Not accredited under EMA Q.

Prepared and checked by :

For Interte/k /

lr‘m\, ﬂ/ﬂ g

—

/7 (w/ca/;'oé— S

Laboratory Manager

The Official Mexican Standard NOM-008-SCFI-1993 establishes like separator
decimal the comma ().

NOTE : DecaBDE IN POLYMERIC APPLICATIONS IS EXEMPTED ACCORDING TO
ROHS DIRECTIVE AMENDMENT 2005/717/EC.

# =ACCORDING TO IEC 62321, A POSITIVE RESULT INDICATES THE PRESENCE OF
Cr(V1l) COATING. IT IS THE Cr(VI) CONCENTRATION DETECTED IN THE
BOILING-WATER-EXTRACTION SOLUTION AND SHOULD NOT BE INTERPRETED AS
THE Cr(VI) CONCENTRATION IN THE COATING LAYER OF THE SAMPLE.

REMARK: AS REQUESTED BY THE APPLICANT, COATING WITH BASE MATERIAL OF
TESTED COMPONENTS OF THE SAMPLE _ MX10-0726-19 WERE TESTED TOGETHER.

REMARK: AS REQUESTED BY THE APPLICANT, COATING WITH BASE MATERIAL OF
TESTED COMPONENTS OF THE SAMPLE _ MX10-0726-20 WERE TESTED TOGETHER.

REMARK: AS REQUESTED BY THE APPLICANT, COATING WITH BASE MATERIAL OF
TESTED COMPONENTS OF THE SAMPLE __ MX10-0726-21 WERE TESTED TOGETHER.

REMARK: AS REQUESTED BY THE APPLICANT, COATING WITH BASE MATERIAL OF
TESTED COMPONENTS OF THE SAMPLE __MX10-0726-22 WERE TESTED TOGETHER.

REMARK: AS REQUESTED BY THE APPLICANT, COATING WITH BASE MATERIAL OF
TESTED COMPONENTS OF THE SAMPLE _ MX10-0726-23 WERE TESTED TOGETHER.

REMARK: AS REQUESTED BY THE APPLICANT, COATING WITH BASE MATERIAL OF
TESTED COMPONENTS OF THE SAMPLE __ MX10-0726-24 WERE TESTED TOGETHER.

It is prohibited the total or partial reproduction of this document, as well as any modification or alteration in no of its parts
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Report No.: MX10-0726-MOD - Serie KLDR
Date : 2010-05-07

REMARK: AS REQUESTED BY THE APPLICANT, COATING WITH BASE MATERIAL OF
TESTED COMPONENTS OF THE SAMPLE _MX10 726-25 WERE TESTED TOGETHER.

REMARK: AS REQUESTED BY THE APPLICANT, COATING WITH BASE MATERIAL OF
TESTED COMPONENTS OF THE SAMPLE _MX10 726-26 WERE TESTED TOGETHER.

REMARK : AS REQUESTED BY THE APPLICANT, COATING WITH BASE MATERIAL OF
TESTED COMPONENTS OF THE SAMPLE _ MX10 726-27 WERE TESTED TOGETHER.

Test method :
Lo . Quality control Analysis Analyzed Reporting limit
Testing item Q Testing method - : ‘ . '
Batch: Date: By: ppm
Chromium VI (Cr*")|With reference to USEPA MELAJLHS, s
: HU2009-3p63 2010-04-06 2,0 .
content 3060, by EPA 7196 Q P MTCM
lity control Analysi Analyzed ing limit|
MLl? ési?a Testing item Q Testing method Quaé;/tgy?? = . rl;aags ' ngze RepogrtglrrlT? fmit
19 Lead (Pb) content With reference to USEPA 3050MOD, by EPA7420 | MET2010-4p31 2010-04-23 VLM 9,80
20 Lead (Pb) content With reference to USEPA 3050MOD, by EPA 7420 | MET2010-4p31 2010-04-23 VLM 2,34
21 Lead (Pb) content With reference to USEPA 3050MOD, by EPA7420 | MET2010-4p31 2010-04-23 VLM 1,81
22 Lead (Pb) content With reference to USEPA 3050MOD, by EPA7420 | MET2010-4p31 2010-04-23 VLM 7,25
23 Lead (Pb) content With reference to USEPA 3050MOD, by EPA 7420 | MET2010-4p31 2010-04-23 VLM 8,33
24 Lead (Pb) content With reference to USEPA 3050MOD, by EPA 7420 | MET2010-4p31 2010-04-23 VLM 10,00
25 Lead (Pb) content With reference to USEPA 3050MOD, by EPA 7420 | MET2010-4p31 2010-04-23 VLM 8,93
26 Lead (Pb) content With reference to USEPA 3050MOD, by EPA 7420 | MET2010-4p31 2010-04-23 VLM 8,06
27 Lead (Pb) content With reference to USEPA 3050MOD, by EPA7420 | MET2010-4p31 2010-04-23 VLM 7,81
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Report No.: MX10-0726-MOD ~ Serie KLDR

(:F} Date : 2010-05-07

Je-ge | Testing item Q Testing method Ma%mm' ——LA’;a;t :'S A“gzed sopmtiaa i
19 Cadmium (Cd) content | with reference to USEPA 3050MOD, by EPA6010 | MET2010-4p31 2010-04-05 DCL,JMR 1,961
20 Cadmium (Cd) content | With reference to USEPA 3050MOD, by EPA6010 | MET2010-4p31 2010-04-05 DCL,JMR 0,467
21 Cadmium (Cd) content | With reference to USEPA 3050MOD, by EPA6010 | MET2010-4p31 2010-04-05 DCL,JMR 0,362
22 Cadmium (Cd) content | With reference to USEPA 3050MOD, by EPA6010 | MET2010-4p31 2010-04-05 DCL,JMR 1,449
23 Cadmium (Cd) content| With reference to USEPA 3050MOD, by EPA6010 | MET2010-4p31 2010-04-05 DCL,JMR 1,66
24 Cadmium (Cd) content | With reference to USEPA 3050MOD, by EPA6010 | MET2010-4p31 2010-04-05 DCL,JMR 2,00
25 Cadmium (Cd) content| With reference to USEPA 3050MOD, by EPA6010 | MET2010-4p31 2010-04-05 DCL,JMR 1,785 ¢
26 Cadmium (Cd) content| With reference to USEPA 3050MOD, by EPAB010 | MET2010-4p32 2010-04-05 DCL,JMR 1,612
27 Cadmium (Cd) content| With reference to USEPA 3050MOD, by EPA 6010 | MET2010-4p32 2010-04-05 DCL,JMR 1,562

R R e e L e S o e S s S L o L e S

N,Il L? é sq;a Testing item Q Testing method “““‘L—Qua&ﬁntm[ ‘,'A_%i L\te SIS ) & NL!? ed;’ - | Reporting imit oggjm limit

19 Mercury (Hg) content | With reference to USEPA 7471 by USEPA 7471 | MET2010-4p35 2010-04-01 UBM 0,08086

, 20 Mercury (Hg) content | With reference to USEPA 7471 by USEPA 7471 | MET2010-4p35 2010-04-01 UBM 0,0235

Q 21 Mercury (Hg) content | With reference to USEPA 7471 by USEPA 7471 | MET2010-4p35 2010-04-01 UBM 0,0183
22 Mercury (Hg) content | With reference to USEPA 7471 by USEPA 7471 | MET2010-4p35 2010-04-01 UBM 0,0806

23 Mercury (Hg) content |  With reference to USEPA 7471 by USEPA 7471 | MET2010-4p35 2010-04-01 UBM 0,0769

24 Mercury (Hg) content | With reference to USEPA 7471 by USEPA7471 | MET2010-4p35 2010-04-01 UBM 0,0820

25 Mercury (Hg) content | With reference to USEPA 7471 by USEPA7471 | MET2010-4p35 2010-04-01 UBM 0,0833

26 Mercury (Hg) content | With reference to USEPA 7471 by USEPA 7471 | MET2010-4p36 2010-04-01 UBM 0,0833

27 Mercury (Hg) content | With reference to USEPA 7471 by USEPA 7471 | MET2010-4p36 2010-04-01 UBM 0,0833
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Report No.: MX10-0726 Metallic samples
Date: 2010-05-05 Flow char for samples: 19, 20, 21, 22,
23, 24, 25, 26, 27

OT MX10- 0726

v

Cool and Filter

Cr6
Samples preparation
Cd, Pbl
. Hg l
Preparation and sample y Preparation and sample weight
weight
l Preparation and sample weight
Digestion of metallic o
samples Add reagents to the digestion
y (Solution digestate) and digest
Digestion of metallic samples
| whith HNO3 / HCL/ Aqua type |l
Add aqua regia l l

l Add Potassium Permanganate l
The digestion is necesary - -
add more aqua regia until Filter and pH adjusted
the digestion finishes according to methods of
Add hydroxylamine analysis
l Chlorohidrate
Cooling and fill to mark l Add diphenyl-carbazide for
50mi color development.

l - Cool, filter digestate l

Filter the digestate

Measure the absorbance at

Instrumental Analysis 540 nm by UV -VIS
ICP —AA ( Flow Injection
Mercury System)
Instrumental Analysis
ICP- Optico
ICP —-AA ( Pb)
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Report No.: MX10-0726
Date: 2010-05-07

MX10-0726-25
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