Automotive

Fuse Holders

Answer the below questions to generate a specific part number.
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ATO® FHAC Series
FHACO0002ZXJ

CHECK STOCK &

32V, 30A, IP67 In-Line Blade Fuse
Holder

Compatible with ATO® blade fuses
Two 3.524" (89.5 mm) Orange 12 AWG GXL wire
leads with 0.25" (6.35 mm) end strips; Comes in

Part Numbers Based on Selection

Fuse Type: Blade > Fuse Style: ATO® > Volts: 32V DC > Amps: 30A > Circuit: Single > Style: In-Line > Mounting: Wire Splice > Protection: Sealed
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ATO® FHAC Series
FHACO0002ZXJA
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32V, 30A, IP67 In-Line Blade Fuse
Holder

Compatible with ATO® blade fuses

9.587" (243.5 mm) Red 12 AWG GXL wire leads
with no end strips
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ATO® FHAC Series
FHAC0002SXJ

CHECK STOCK

32V, 304, IP67 In-Line Blade Fuse

Holder

Compatible with ATO® blade fuses

Two 3.524" (89.5 mm) Orange 12 AWG GXL wire
leads with 0.25" (6.35 mm) end strips
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ATO® FHAC Series
FHAC0002ZXJD
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32V, 30A, IP67 In-Line Blade Fuse

Holder

Compatible with ATO® blade fuses

Two 4" (101.6 mm) Purple 12 AWG UL 3266 wire
leads with 0.315" (8 mm) end strips
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Available Fuse Kits
094202 094363 00940558ZPA /\ 00940562ZPA
ATO 32V Assortment MINI 32V Assortment MICRO2 32V Assortment 7.5-50A 32V Assortment
6 Piece 7 Piece 5 Piece 19 Piece
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VIEW ALL FUSE KITS >
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